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DATE DWN APVD
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18SEP2018 | SR DD

B ECR-19-005901

15APR2019 | SR DD

NOTES !

I MATERTALS:

HOUSING: GLASS-FILLED THERMOPLASTIC, UL 94V-0 RATED
DIMMING CONTACTS (2 OR 4) AND LINE VOLTAGE CONTACTS

COPPER ALLOY
2. FINISH:

DIMMING CONTACTS (2 OR 4): NICKEL UNDERPLATE ENTIRE

CONTACT O0.127 um MIN THICK. GOLD PLATE CONTACT

PAD AREA (MATING FACE SIDE ONLY) O.76 um MIN THICK.

MATTE TIN PLATE TAB ON BOTH SIDES 0.30 um MIN THICK.

LINE VOLTAGE CONTACTS (3): TIN PLATE.

3.MATING INTERFACE PER ANST C136.41-2013.
ZXSLINE VOLTAGE CONDUCTORS (3):

14 AWG, 600V, 105 C RATED, COPPER 41/30 STRANDED.

PER UL STYLE AWM 10715,
ZXXDIMMING CONDUCTORS (2 OR 4):

18 AWG, 600V, 105C RATED, COPPER 16/30 STRANDED.

PER UL STYLE AWM 10715,

(3):

ZXXLUBRICATION: GOLD PLATED CONTACT PAD SURFACES OF DIMMING
CONTACTS ARE LUBRICATED WITH A TRANSPARENT (NON-VISIBLE)

AVOID
CONTACT WITH THESE SURFACES WHICH MAY RESULT IN REMOVAL

LUBRICANT TO IMPROVE DURABILITY AND PERFORMANCE

OF LUBRICANT.
ZXXB5O766*W WITH PIN CONTACTS 350873-3

MATES WITH HOUSING 350767-1, USING CONTACT 350874-3,

OR ENGINEERING APPROVED EQUIVALENT.
1‘ 71941838-1 WITH PIN CONTACTS 794222~

MATES WITH HOUSING 172159-1, USING CONTACT 7/70904-1,

OR HOUSING 794189-1, USING CONTACT 7194223-1
ZXSLINE VOLTAGE CONDUCTORS (3): DOUBLE INSULATED

14 AWG, 600V, 105C RATED, COPPER 41/30 STRANDED.

PER UL STYLE AWM 1617,
‘t& DIMMING CONDUCTORS (2 OR 4):DOUBLE INSULATED

18 AWG, 600V, 105C RATED, COPPER 16/30 STRANDED.

PER UL STYLE AWM 1617,
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(-) DIMMING L1 (BLACK WIRE)
CONTACT, GREY WIRE
SEE TABLE
FOR QUANTITY
(+) DIMMING
CONTACT, VIOLET WIRE
246
NEUTRAL 2 X
(WHITE WIRE) $
OPTIONAL OPTIONALZL
DIMMING CONTACT DIMMING CONTACT
BROWN WIRE ORANGE WIRE
Lo
(RED WIRE)
WIRE TERMINATION CHART WIRE TERMINATION CHART
FOR FOR
’213713835-1 AND 2213785-7 [ -22137185-]
LEAD FROM TTEM |[FROM POSTTION] WIRE AWG LEAD FROM TITEM [FROM POSTTION WIRE AWG
W W B 14 W W B 14
/ W COM 14 fa W COM 14
3 W R 14 3 W R 14
4 W (+) 18 4 W (+) 13
5 W (-) 18 5 W (-) 18
o W BRN 18
| W ORG 18
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