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SEAL
SILICONE RUBBER
 PER A-A-59588

N/A

COUPLING NUT BRASS PER ASTM B16
SILVER PLATE 
PER ASTM B700

GASKET
SILICONE RUBBER
 PER A-A-59588

N/A

WASHER
PHOSPHOR BRONZE ALLOY  
ASTM B139

N/A

SHELL BRASS PER ASTM B16
SILVER PLATE 
PER ASTM B700

OUTER CONTACT
PHOSPHOR BRONZE ALLOY  
ASTM B139

N/A

DIELECTRIC PTFE FLOUROCARBON PER ASTM-D-1457 N/A

INNER FERRULE BRASS PER ASTM B16 OR B36
SILVER PLATE 
PER ASTM B700

CONTACT BRASS PER ASTM B16

GOLD PLATE PER
ASTM B488 OVER
NICKEL PLATE PER
SAE-AMS-QQ-N-290

CRIMP FERRULE BRASS PER ASTM B16
SILVER PLATE 
PER ASTM B700

O RING
SILICONE RUBBER
 PER A-A-59588

N/A

COMPONENT MATERIAL FINISH

1. SEE INSTRUCTION SHEET 408-2028-1
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