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A RELEASED 30DEC16 RZ IY

B REVISED ECO-17-016430 10NOV17 RZ EJ

B1 REVISED ECR-19-014932 25SEP19 Z.Z E.J
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35
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²
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t 
35
mm
²

X X X X X X X X - 0-2141155-2 - 2 PROTEC. COVER 8MM HV,90°
Abdeckkappe 8mm HV, 90° PA6-(GF10+GB20) 

ORANGE
SIM./aehnl. 

RAL2003
9

X X X X X X X X - 0-2141156-2 - 2

SINGLE WIRE SEAL,
8MM HV,90°

Kabeldichtung einzeln, 
8mm HV, 90°

MVQ
NATURAL

Transparent
8

X X X X X X X X - 0-2177090-2 - 2
SHIELD, CRIMP SLEEVE
Schirm, Crimpbuchse

STAINLESS STEEL
Edelstahl BLANK 7

X X X X X X X X - 0-2177061-1 - 2 SHIELD CRIMP FERRULE, INNER
Untercrimphülse

STAINLESS STEEL
Edelstahl BLANK 6

X X X X X X X X - 0-2177058-1 - 2
INSULATION INSERT 180°
isolationskörper 180°

PA66-GF30 5

X X X X X X X X - 0-2177059-1 - 2 FINGER PROT CAP 8MM HV,180°
Fingerschutzkappe 8mm HV, 180°

PA66-GF30
ORANGE

SIM./aehnl. 
RAL2003

4

X X X X X X X X - 0-2177060-3 - 2 SHIELDING SLEEVE,180°
Schirmhuelse,180°

CU - ALLOY
Cu - Legierung

SELECTED
SILVER-
PLATED

3

X X X X X X X X - 0-2177590-1 - 2
TURNED CONTACT 180°
DrehKontakt 180°

siehe C-2177590 - 2

- - - X - - - -

-

1-2177053-8 D

1

2POS, 8MM HV, REC HSG, 
180°, ASSY, SEALED

2pol, gedichtete Assy, 
8mm HV, 180°

siehe C-2177053
siehe 

C-2177053
1

- - X - - - - - 1-2177053-6 C

- X - - - - - - 1-2177053-4 B

X - - - - - - - 1-2177053-2 A

- - - - - - - X 1-2177053-7 D

- - - - - - X - 1-2177053-5 C

- - - - - X - - 1-2177053-3 B

- - - - X - - - 1-2177053-1 A
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CODE A CODE B CODE C CODE D
MASS (g)
Masse (g)

TE
ORDER-NO.

Bestell-Nr.:
CODE QTY

PART DESCRIPTION
Benennung Einzelteil

MATERIAL
Werkstoff

COLOUR
Farbe

ITEM

LEVER OPERATION SIDE  �e�
Hebel Betätigungsseite

LEVER OPERATION SIDE
Hebel Betätigungsseite

CA
BL
E 
DI
ME
NS
IO
N 
25
MM
²

Le
it
un
gs
qu
er
sc
hn
it
t 
25
mm
²

X X X X X X X X - 0-2141155-3 - 2 PROTEC. COVER 8MM HV,90°
Abdeckkappe 8mm HV, 90° PA6-(GF10+GB20) 

ORANGE
SIM./aehnl. 

RAL2003
9

X X X X X X X X - 0-2141156-3 - 2

SINGLE WIRE SEAL,
8MM HV,90°

Kabeldichtung einzeln, 
8mm HV, 90°

MVQ

WHITE/
Weiss

SIM/aehnl.
RAL 9010

8

X X X X X X X X - 0-2177090-3 - 2
SHIELD, CRIMP SLEEVE
Schirm, Crimpbuchse

STAINLESS STEEL 
Edelstahl BLANK 7

X X X X X X X X - 0-2177061-1 - 2 SHIELD CRIMP FERRULE, INNER
Untercrimphülse

STAINLESS STEEL 
Edelstahl BLANK 6

X X X X X X X X - 0-2177058-1 - 2
INSULATION INSERT 180°
isolationskörper 180°

PA66-GF30 5

X X X X X X X X - 0-2177059-1 - 2 FINGER PROT CAP 8MM HV,180°
Fingerschutzkappe 8mm HV, 180°

PA66-GF30
ORANGE

SIM./aehnl. 
RAL2003

4

X X X X X X X X - 0-2177060-3 - 2 SHIELDING SLEEVE,180°
Schirmhuelse,180°

CU - ALLOY Cu - 
Legierung

Selected
SILVER-
PLATED

3

X X X X X X X X - 0-2177473-1 - 2
TURNED CONTACT 180°
DrehKontakt 180°

siehe C-2177473 - 2

- - - X - - - -

-

1-2177053-8 D

1

2POS, 8MM HV, REC HSG, 
180°, ASSY, SEALED

2pol, gedichtete Assy, 
8mm HV, 180°

siehe C-2177053
siehe 

C-2177053
1

- - X - - - - - 1-2177053-6 C

- X - - - - - - 1-2177053-4 B

X - - - - - - - 1-2177053-2 A

- - - - - - - X 1-2177053-7 D

- - - - - - X - 1-2177053-5 C

- - - - - X - - 1-2177053-3 B

- - - - X - - - 1-2177053-1 A

VERSION

CODE A
 

CODE B
 

 �e�

CODE C
 

 �e�

CODE D
 

 �e�

CODE A CODE B CODE C CODE D
MASS (g)
Masse (g)

TE
ORDER-NO.

Bestell-Nr.:
CODE QTY

PART DESCRIPTION
Benennung Einzelteil

MATERIAL
Werkstoff

COLOUR
Farbe

ITEM

LEVER OPERATION SIDE  �e�
Hebel Betätigungsseite

LEVER OPERATION SIDE
Hebel Betätigungsseite

CA
BL
E 
DI
ME
NS
IO
N 
50
MM
²

Le
it
un
gs
qu
er
sc
hn
it
t 
50
mm
²

X X X X X X X X - 0-2141155-1 - 2 PROTEC. COVER 8MM HV,90°
Abdeckkappe 8mm HV, 90° PA6-(GF10+GB20) 

ORANGE
SIM./aehnl. 

RAL2003
9

X X X X X X X X - 0-2141156-1 - 2

SINGLE WIRE SEAL,
8MM HV,90°

Kabeldichtung einzeln, 
8mm HV, 90°

MVQ

GRASS GREEN
Grasgruen
SIM/aehnl.
RAL 6010

8

X X X X X X X X - 0-2177090-1 - 2
SHIELD, CRIMP SLEEVE
Schirm, Crimpbuchse

STAINLESS STEEL 
Edelstahl BLANK 7

X X X X X X X X - 0-2177061-1 - 2 SHIELD CRIMP FERRULE, INNER
Untercrimphülse

STAINLESS STEEL 
Edelstahl BLANK 6

X X X X X X X X - 0-2177058-1 - 2
INSULATION INSERT 180°
isolationskörper 180°

PA66-GF30 5

X X X X X X X X - 0-2177059-1 - 2 FINGER PROT CAP 8MM HV,180°
Fingerschutzkappe 8mm HV, 180°

PA66-GF30
ORANGE

SIM./aehnl. 
RAL2003

4

X X X X X X X X - 0-2177060-3 - 2 SHIELDING SLEEVE,180°
Schirmhuelse,180°

CU - ALLOY Cu - 
Legierung

SELECTED
SILVER-
PLATED

3

X X X X X X X X - 0-2177592-1 - 2
TURNED CONTACT 180°
DrehKontakt 180°

siehe C-2177592 - 2

- - - X - - - -

-

1-2177053-8 D

1

2POS, 8MM HV, REC HSG, 
180°, ASSY, SEALED

2pol, gedichtete Assy, 
8mm HV, 180°

siehe C-2177053
siehe 

C-2177053
1

- - X - - - - - 1-2177053-6 C

- X - - - - - - 1-2177053-4 B

X - - - - - - - 1-2177053-2 A

- - - - - - - X 1-2177053-7 D

- - - - - - X - 1-2177053-5 C

- - - - - X - - 1-2177053-3 B

- - - - X - - - 1-2177053-1 A

VERSION

CODE A
 

 �e�

CODE B
 

 �e�

CODE C
 

 �e�

CODE D
 

 �e�

CODE A CODE B CODE C CODE D
MASS (g)
Masse (g)

TE
ORDER-NO.

Bestell-Nr.:
CODE QTY

PART DESCRIPTION
Benennung Einzelteil

MATERIAL
Werkstoff

COLOUR
Farbe

ITEM

LEVER OPERATION SIDE  �e�
Hebel Betätigungsseite

LEVER OPERATION SIDE
Hebel Betätigungsseite

CABLE 
DIMENSION 

25MM² 
ACC. LV216

2 2 2 2 2141155-3 PROTECTION COVER 8MM HV 9

2 2 2 2 2141156-3 SINGLE WIRE SEAL, 8MM HV 8

2 2 2 2 2177090-3 SHIELD CRIMP SLEEVE 7

2 2 2 2 2307013-1 SHIELD CRIMP FERRULE, INNER 6

2 2 2 2 2177058-1 INSULATION INSERT 180° 5

2 2 2 2 2177059-1 FINGER PROTECTION CAP 8MM HV,180° 4

2 2 2 2 2319655-3 SHIELDING SLEEVE,180° 3

2 2 2 2
2177473-1

OR 2208669-3
CONTACT 180° 2

1 - - - 1-2177053-4 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE B

1
- 1 - - 1-2177053-3 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE B

- - 1 - 1-2177053-2 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE A

- - - 1 1-2177053-1 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE A

CABLE SIZE

*-4 *-3 *-2 *-1 P/N DESCRIPTION ITEM

B �e� B A �e� A CODING

QUANTITY REQUIRED PART LIST

CABLE 
DIMENSION 

35MM² 
ACC. LV216

2 2 2 2 2141155-2 PROTECTION COVER 8MM HV 9

2 2 2 2 2141156-2 SINGLE WIRE SEAL, 8MM HV 8

2 2 2 2 2177090-2 SHIELD CRIMP SLEEVE 7

2 2 2 2 2307013-1 SHIELD CRIMP FERRULE, INNER 6

2 2 2 2 2177058-1 INSULATION INSERT 180° 5

2 2 2 2 2177059-1 FINGER PROTECTION CAP 8MM HV,180° 4

2 2 2 2 2319655-3 SHIELDING SLEEVE,180° 3

2 2 2 2
2177590-1

OR 2208608-3
CONTACT 180° 2

1 - - - 1-2177053-4 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE B

1
- 1 - - 1-2177053-3 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE B

- - 1 - 1-2177053-2 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE A

- - - 1 1-2177053-1 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE A

CABLE SIZE

1-*-4 1-*-3 1-*-2 1-*-1 P/N DESCRIPTION ITEM

B �e� B A �e� A CODING

QUANTITY REQUIRED PART LIST

CABLE 
DIMENSION 

50MM² 
ACC. LV216

2 2 2 2 2141155-1 PROTECTION COVER 8MM HV 9

2 2 2 2 2141156-1 SINGLE WIRE SEAL, 8MM HV 8

2 2 2 2 2177090-1 SHIELD CRIMP SLEEVE 7

2 2 2 2 2307013-1 SHIELD CRIMP FERRULE, INNER 6

2 2 2 2 2177058-1 INSULATION INSERT 180° 5

2 2 2 2 2177059-1 FINGER PROTECTION CAP 8MM HV,180° 4

2 2 2 2 2319655-3 SHIELDING SLEEVE,180° 3

2 2 2 2
2177592-1

OR 2208608-3
CONTACT 180° 2

1 - - - 1-2177053-4 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE B

1
- 1 - - 1-2177053-3 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE B

- - 1 - 1-2177053-2 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE A

- - - 1 1-2177053-1 2POS, 8MM HV, REC HSG, 180°, ASSY, SEALED, CODE A

CABLE SIZE

2-*-4 2-*-3 2-*-2 2-*-1 P/N DESCRIPTION ITEM

B �e� B A �e� A CODING

QUANTITY REQUIRED PART LIST

LEVER OPERATION SIDE �e� LEVER OPERATION SIDE

CODE-B

A2

A2

A2

A2

CODE-A

NOTES:
 
1. ITEMS FROM 1 TO 9 IN ASSEMBLY STATUS AS SHOWN ONLY FOR REFERENCE
 
2. FINAL TEST: VISUAL INSPECTION FOR COMPLETNESS
 
3. COMPONENTS PACKAGE INDIVIDUALLY, ALL PACKAGES TOGETHER IN THE CARTON BOX
 
4. CONSULT INDIVIDUAL CUSTOMER DRAWINGS FOR DETAIL INFORMATION.
 
   APPLICATION TEMP. -40°C ~ 125°C

-1 AS SHOWN

Refer to 108-94297

Refer to 114-94130

TWO TYPES OF CONTACT,
CHOOSE ONE TYPE TO USE 

1

2

4

5

6

7

8

9

3

B1

B1

B1

5

5

B1
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