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(�n�C)(D)

(�n�A)

(�n�B 
MIN)

4-3/4 16

5-9/16 6-5/8 5 TAPA 82 T6"IPS 6" IPS 2315961-4

4-13/16 5-9/16 5 TAPA 82 T5"IPS 5" IPS 2315961-3

3-9/16 4-1/2 5 TAPA 82 T4"IPS 4" IPS 2315961-2

2-3/8 12
3-3/16 4 5 TAPA 82 T3"1/2 IPS 3"1/2 IPS 2315961-5

2-3/4 3-1/2 5 TAPA 82 T3"IPS 3" IPS 2315961-1

D DESCRIPTION PIPE SIZE PART NO.

1. ACCOMMODATES:
SEE TABLE.
 
MARKING:
 
 
 
    [PART NO.]
    [CATALOG DESCRIPTION]
    [PIPE SIZE]
    [DATECODE]
 
 
VOLTAGE CLASS: �n�12" 345kV MAX.
               �n�16" 500kV MAX.
 
PART NUMBER 2315961-2 (500kV) SHOWN.
 

3.

4.

SCALE  2:15

SECTION  A-A

3X M10 SCREW
SST A2-70

M8 BOLT
SST A2-70

TORQUE 15 ft.lbf
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1. ACCOMMODATES:
SEE TABLE.
 
MARKING:
 
 
 
    [PART NO.]
    [CATALOG DESCRIPTION]
    [PIPE SIZE]
    [DATECODE]
 
 
VOLTAGE CLASS: �n�300 345kV MAX.
               �n�400 500kV MAX.
 
PART NUMBER 2315961-2 (500kV) SHOWN

3.

4.

SCALE  2:15

SECTION  A-A

3X M10 SCREW
SST A2-70

M8 BOLT
SST A2-70

TORQUE 22Nm 
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(�n�C)
(D)

(�n�A)

(�n�B
MIN)

120 400

141 168.3 5 TAPA 82 T6"IPS 6" IPS 2315961-4

122 141.3 5 TAPA 82 T5"IPS 5" IPS 2315961-3

90 114.3 5 TAPA 82 T4"IPS 4" IPS 2315961-2

60 300
80 101.6 5 TAPA 82 T3"1/2 IPS 3"1/2 IPS 2315961-5

70 88.9 5 TAPA 82 T3"IPS 3" IPS 2315961-1

D DESCRIPTION PIPE SIZE PART NO.
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