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 MATERIALS:
CAGE ASSEMBLY - NICKEL-SILVER ALLOY PER ASTM B 122
CAGE ASSEMBLY GASKET FLANGE OR WITH NICKEL PLATED FOR CUSTOMIZED SPEC
CONNECTOR HOUSING - LCP. BLACK. UL 94Y-O RATED
\\X S e CHICKLET - LCP. BLACK. UL 94V-O RATED

CHICKLET ALIGNMENT CLIP

CONTACT - COPPER ALLOY

EMT GASKET - ELASTOMERIC

GASKET FLANGE - STAINLESS STEEL

EMT SPRINGS - PHOSPHOR BRON/ZE PER ASTM B 103,
O0.8um MIN TIN PER ASTM B 545

LIGHT PIPE - POLYCARBONATE

LIGHT PIPE PLATE- STAINLESS STEEL

LCP, BLACK, UL 94V-0 RATED

\\\\\\\CONTACT

CHICKLET
CHICKLET ALIGNMENT CLIP

\\\\\\\\\PLIGHT PIPE PLATE

2. CONTACT FINISH:
O.76um MIN GOLD PER ASTM B 844 AT MATING INTERFACE,
[ 25pm MIN MATTE TIN PER ASTM B 545 AT PCB [INTERFACE
ALLOVER 2.54um MIN NICKEL PER QQ-N-290.

FOR HOLE SIZE AND PLATINGS,
] SEE APPLICATION SPECIFICATION |14-13319
e 23435225

SCALE 31 LIGHT PIPE PAD LAYOUT IS FOR 0805 LOW PROFILE

LED PACKAGE WITH A HEIGHT OF 0.8mm

DIMENSTONS APPLY FOR EMI SPRINGS ONLY

THE ENTIRE AREA OF THE CONNECTOR FOOTPRINT, INDICATED BY THE
LIGHT PIPE DASHED LINE, TO BE CONSIDERED THE KEEPOUT AREA FOR COMPONENTS
AND SIGNAL TRACES, TOP SIDE ONLY, TOP SIDE TRACES ALLOWED
WITHIN CONNECTOR HOLE PATTERN

LOW Br/CI AS DEFINED [N TEC-138-702.
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