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A FIRST RELEASE 13NOV2018 G.F S.M

A1 ADD NEW COLOR P/N 03SEP2019 G.F S.M

A2 ADD MATERIAL ON THE HOUSING 30MAR2023 C.Z S.M

1.45

3.20 3.20

21.40
1.18

6.22

12.50

7.40

 DIM A

4.00

22.40

3.20 3.20

DIM C�#�0.05

 DIM B�#�0.05

2.00

4.00

R0.50

 1.18

 max3.40

W/O CAP P/N: *-2834313-*
ADD CAP P/N: *-2834334-*

RECOMMEND PCB LATOUT
(GENERAL TOLERANCE: �#�0.05)

SET INSTALLTION OF PCB & CHASSIS OR HEATSINK

NOTES :
 
1.  MATERIALS AND FINISH:
    - HOUSING: HIGH THERMAL PLASTIC
    - CONTACTS: COPPER ALLOY, FINISH: PRE-TIN OVER 
      NICKEL UNDERPLATE
 
2.  MUST COMPLY WITH DIRECTIVE 2002/95/EC (ROHS)
 
3.  OPERATING TEMPERATURE: -55�$�C~ 105�$�C
 
4.  WIRE TYPES AND SIZES ACCEPTED
     SOLID WIRE: 18AWG, 20AWG, 22AWG, 24AWG
     STRAND WIRE: 18AWG( STRANDS:16); 20AWG(STRANDS:7);22AWG(STRANDS:7 )   
                  24AWG(UL1061/STRANDS:7)
     MAX INSULATION OD: 2.1mm  MAX.
     STRIP LENGTH: 8.0±0.5mm
 
5.  PACKAGED IN TAPE AND REEL

DIM �n� SEE THE TABLE

STANDARD 2P MODULAR ASSEMBLY TYPE
STANDARD 2P MODULAR ASSEMBLY TYPE

SCALE  8:1

A2

CHASSIS HOLE

PCB

CHASSIS OR HEATSINK
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SEE SHEET 1

    13.1    12.6    12.0 WHITE/BLACK/RED     3 3-2834313-3

    13.1    12.6    12.0 RED/BLACK/WHITE     3 2-2834313-3

    13.1    12.6    12.0 BLACK/WHITE/RED     3  1-2834313-3

    13.1    12.6    12.0  ALL WHITE     3  2834313-3

    13.1    8.6    8.0 WHITE/BLACK     2 8-2834313-2

    13.1    8.6    8.0 BLACK/RED     2 7-2834313-2

    13.1    8.6    8.0 RED/BLACK     2 6-2834313-2

    13.1    8.6    8.0 WHITE/RED     2 5-2834313-2

    13.1    8.6    8.0 GRAY/BLUE     2 4-2834313-2

    13.1    8.6    8.0 BLACK/WHITE     2 3-2834313-2

    13.1    8.6    8.0 ALL BLACK     2 2-2834313-2

    13.1    8.6    8.0 BROWN/YELLOW     2 1-2834313-2

    13.0    8.4    8.0 WHITE     2   2834313-2
(Standard 2P)

    13.1    4.6    4.0 GREEN     1 4-2834313-1

    13.1    4.6    4.0 BLUE     1 3-2834313-1

    13.1    4.6    4.0 BLACK     1 2-2834313-1

    13.1    4.6    4.0 RED     1 1-2834313-1

    13.0    4.4    4.0 WHITE     1 2834313-1

CHASSIS HOLE     DIM C   DIM B   DIM A  COLOR POLES No   PART NO

                            PRODUCT WITHOUT CAP TYPE

    13.1    12.6    12.0 WHITE/BLACK/RED     3 3-2834334-3

    13.1    12.6    12.0 RED/BLACK/WHITE     3 2-2834334-3

    13.1    12.6    12.0 BLACK/WHITE/RED     3  1-2834334-3

    13.1    12.6    12.0  ALL WHITE     3  2834334-3

    13.1    8.6    8.0 BLUE/RED     2 1-2834334-0

    13.1    8.6    8.0 RED/BLUE     2 9-2834334-2

    13.1    8.6    8.0 WHITE/BLACK     2 8-2834334-2

    13.1    8.6    8.0 BLACK/RED     2 7-2834334-2

    13.1    8.6    8.0 RED/BLACK     2 6-2834334-2

    13.1    8.6    8.0 WHITE/RED     2 5-2834334-2

    13.1    8.6    8.0 GRAY/BLUE     2 4-2834334-2

    13.1    8.6    8.0 BLACK/WHITE     2 3-2834334-2

    13.1    8.6    8.0 ALL BLACK     2 2-2834334-2

    13.1    8.6    8.0 BROWN/YELLOW     2 1-2834334-2

    13.0    8.4    8.0  WHITE     2   2834334-2
(Standard 2P)

    13.1    4.6    4.0 GREEN     1 4-2834334-1

    13.1    4.6    4.0 BLUE     1 3-2834334-1

    13.1    4.6    4.0 BLACK     1 2-2834334-1

    13.1    4.6    4.0 RED     1 1-2834334-1

    13.0    4.4    4.0 WHITE     1 2834334-1

CHASSIS HOLE     DIM C   DIM B   DIM A  COLOR POLES No   PART NO

                            PRODUCT WITH CAP TYPE

FIRST POLE

LAST POLE
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