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LABEL ACROSS: 2 5
LABELS PER SHEET: 10
LABELS PER PACK: 100
SHEETS PER PACK: 10
All dimensions in INCHES[mm]
MATERIAL PE201-LASER PRINTABLE POLYESTER, WHITE
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LINER WHITE KRAFT
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