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Technical Dafa:
Case Material PA GF black
Switch Lever Material PA GF red
Min. Insulafion Resistance 100MORhm
Dielectric Withstanding Volfage 1050V -1min.
Max. Contact Drop during Resistive LLoad 150mV
Vaoltage fo 32VDC
Duty Rafing Z00A
Overload 500A-180sec. 1
1000A-30sec.
Sealing P 67/ IEC 529
Vibration 4G/ 50-2000Hz
Shock G-Level 6G / 1ms
Weight 245g / 054 Pound

-40°C to +385°C

Wire Section (at nominal Load) min. 70mm2
Switch Lever removeable
Max. Torgue (Main Contacts) 15-20Nm
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