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MATERIALS: '
¢ /1\ INSULATOR: POLYAMIDE (COLOR: ORANGE).
¥ SLEEVE: COPPER ALLOY.
CONTACT: COPPER ALLOY,
| ELECTRICAL :
DO A, CONTACT RESISTANCE: 20 MILLIOHMS MAX.
PN R ® CONTACT RATING: 3 AMPS.
DIELECTRIC WITHSTANDING VOLTAGE: 600 VOLTS.
MECHANICAL :
OPERATIONAL TEMPERATURE: -67°F TO +257°F 1
(-55°C TQ +125°C).
WITHDRAWAL FORCE: 14.1g MIN.
NOTES:
1. INTERPRET DRAWING PER ASME Y14.S5M-1994 .
2. ASSEMBLY WILL ACCEPT @.016/.020 LEADS.
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