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PHOSPHOR BRONZE.

0.76um[.000030] MIN GOLD IN CONTACT AREA,

STANDARD REELED (RIGHT TO LEFT FEED).

REVERSE REELED (LEFT TO RIGHT FEED), FOR MINI—APPLICATOR.

o B P

INSULATION RANGE: 1.27—1.63[.050—.064] DIA.

GOLD FLASH ON REMAINDER OF CONTACT, BOTH OVER 1.27um[.000050] MIN NICKEL.
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