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6450851-264S+4P+2HDP+5P.2704.4504.2904.6401.995

 "AMP", TRADEMARK, PART NUMBER AND DATE CODE TO BE MARKED IN AREA SHOWN

 MATERIAL:  HOUSING - GLASS FILLED HIGH TEMP THERMO PLASTIC, UL94 V-O, BLACK
               SIGNAL CONTACT - HIGH CONDUCTIVITY COPPER ALLOY
               POWER CONTACT - HIGH CONDUCTIVITY COPPER ALLOY

 CONTACT PLATING:NOBLE METAL PLATING ON FUNCTIONAL AREA FOR SIGNAL AND POWER
                    CONTACTS 

 MECHANICAL CONNECTOR KEEP OUT ZONE

 DATUM AND BASIC DIMENSIONS ESTABLISHED BY CUSTOMER

 PCB - ALL HOLE DIAMETERS ARE FINISHED HOLE SIZES

 PCB - .0453 �#�.0010 DRILLED HOLES PLATED WITH .0003 MIN Sn OVER
          .001 TO .003 CU PLATING TO ACHIEVE A .040�#�.003 DIA HOLE

 VARIBLE DIMENSION, PLEASE SEE TABLE
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