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NOTES: (UNLESS OTHERWISE SPECIFIED)
ALL DIMENSIONS ARE IN MILLIMETERS [IN].1.
DIMENSIONS APPLY AFTER FINISHING.2.
MANUFACTURE TO BE COMPLIANT WITH EU RoHS 3.
DIRECTIVE,USE MATERIALS THAT DO NOT CONTAIN 
REACH SUBSTANCES OF VERY HIGH CONCERN 
>1000ppm, AND USE DRC CONFLICT-FREE SOURCED 
MATERIALS.
MARK BULK BOX/BAG PACKAGING WITH THE 4.
FOLLOWING INFORMATION:

LOT#1.
LINX PART NUMBER2.
QUANTITY IN BAG/BOX3.
COUNTRY OF ORIGIN4.

FREQUENCY: [2400MHz - 2485MHz] / [5150MHz - 5.
5885MHz] / [5885MHz - 7125MHz]
IMPEDANCE: 50Ω6.
VSWR: 2.0 TYP7.
GAIN: 2.0dBi8.
OMNI-DIRECTIONAL9.
OPERATING TEMP: -40ºC - +130ºC10.
INTERCONNECT [SEE TABLE]-TYPE IAW MIL-STD-348B11.
EACH ANTENNA INDIVIDUALLY BAGGED12.
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INTERPRET DIMENSIONS AND 
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WARNING:  THIS DRAWING CONTAINS PROPRIETARY INFORMATION 
THAT IS THE SOLE PROPERTY OF LINX TECHNOLOGIES, AND SHALL BE 

TREATED AS SUCH.  NO DISCLOSURE OR REPRODUCTION OF THIS 
DOCUMENT IS PERMITTED, IN WHOLE OR IN PART, WITHOUT THE 

EXPRESS WRITTEN PERMISSION OF LINX TECHNOLOGIES OR ITS 
DESIGNATED AGENTS.
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