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CONNECTOR PIN CONFIGURATION

CONSTRUCTION                GASKET SEALED
 
ELECTRICAL CHARACTERISTICS 
MAIN CONTACT CONFIGURATION  3 SPST N.O. DOUBLE MAKE
    VOLTAGE                 115VAC(200V L-L) VAC,400HZ
    CURRENT
         RESISTIVE          60 AMPS 
         INDUCTIVE          60 AMPS
         OVERLOAD           480 AMPS
         RUPTURE            600 AMPS 
        
AUXILIARY CONTACTS
    CONFIGURATION           2 SPDT
    VOLTAGE                 28 VDC
    CURRENT                 2 AMPS
  
COIL DATA
    DUTY CYCLE              CONTINUOUS (ECONOMIZED)
    NOM. OPERATE VOLTAGE    28 VDC
    PICKUP VOLTAGE          18 VDC MAX (INSTANTANEOUSLY)
    DROP VOLTAGE            1-9 VDC 
    PICKUP TIME             15 mS @28VDC
    DROPOUT TIME            15 mS @28VDC
    COIL CURRENT
          INRUSH            5 AMPS MAX AT 28 VDC & 25�$�C
          HOLDING           300 mA MAX AT 28 VDC & 25�$�C
          SUPPRESSION       �#�45 VDC
  
CONTACT BOUNCE              
    MAIN CONTACT            2.0 mS MAX.
   
 
ENVIRONMENTAL DATA
    TEMPERATURE            -55�$�C TO +85�$�C
    ALTITUDE               50,000 FEET
 
LIFE ELECTRICAL INDUCTIVE   30,000 CYCLES MIN.
LIFE ELECTRICAL RESISTIVE   50,000 CYCLES MIN.
LIFE MECHANICAL            100,000 CYCLES MIN. (@25% RATED RESISTIVE LOAD)
WEIGHT                    0.531 LBS MAX.
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