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COIL: B 25°C STOMER DA H
RESISTANCE 1560 OHMS  10% — TA SHEET
26.5 VDC
MOMINAL VOLTAGE
MUST OPERATE 14.2 VDC m +
0.13 mADC
MUST RELEASE 8.0 VDC MAX, 1.37 VDC MIN. or *0©

TERMINAL VIEW

CONTACT RATING: .LOW LEVEL 70
1A 28 VDC RESISTIVE 100,000

OPERATIONS

ENVIRONMENT:
veraTION 10 __¢ps 10_3000 ps 9__30 44
SHOCK E gs_© MS. DURATION
TEMPERATURE -65 oc To___ *125 o
NOTES:

DR. PBB 6/6/00

TURN-ON TIME 2.0 M5 MAX
TURN-OFF TIME 7.5 MS MAX
CONTACT STABILIZATION 2.0 M3 MAX
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