CATALOG #RI45-8N3-B

SAFETY ORGANIZATION TN 7 [APPRVO. ] TATE
8 / 2. | 515551

THIS JACK HAS BEEN FORMALLY RECOGNIZEC, CERTIFIED CR APPROVED BY
THE LISTEG AGENCY. THEREFORE, ALL TEST/REQUIREMENTS SPECIFIED IN
THE LATEST REVISION OF THE FOLLOWING AGENCY STANDAROS HAVE BEEN MET.

HL REEOONIZED L [BB3
£5A CERTIFIED (SA £22.2 No. 182.4
SPECIFICATIONS

CONTACTS SHIELD MATERIAL

HATERTAL : PHOSPHIR BRONZE SOLDER-PLATED COPPER ALLOY

PLATING: SC MICROINCHES GOLD _

BARRIER LINDERPLATING: 100 MICROINCHES NICKEL HOUSING MATERTAL

RESISTANCE: - »
INITIAL: 20 MILLIOHMS MAXIMUM GLASS-FILLED POLYESTER (LL9aV-0
AFTER DURABILITY TESTING DIELECTRIC WITHSTANDING VOLTAGE

(00 MATING CYCLES 30 HILLIDHHS MAXIHUH LINE-TO-UINE AND LINE-TO-GROUND 1000 VAC FOR GO SECONDS

?\FP?E?I - HIGH RESISTIVITY, NICKEL ZINC CERAMIC PRINTED CIRLIT BUARD RETENTIIN
. - ; BEFORE SODLCERING: I LB. MINIMUM
\BLUCK. MULTI-APERATLIRE RECTANGULAR PRISH AETER SOLOERTNG. 20 LB, HINIMLM
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UNLESS OTHERWISE SPECIFIED,

TOLERANCE TO BE 1.010
MATERTAL & FEN]Sﬁ: AS SUPPLIED. FILTERED MODULAR JACK
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