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0.3 mADC

ENVIRONMENT:
SHOCK 100 g's
TEMPERATURE -65

VIBRATION _10__ cPs To 2000 cps 8 20 g's
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COIL: @ 25°C CUSTOMER DATA SHEET
RESISTANCE S000 OHMS *10%
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CONTACT RATING: .2 AMPS 30 VOC

RESISTIVE 100,000 OPERATIONS

NOTES: OPERATE 15 MS MAX (D (HI-G IS 8 MS)

RELEASE 10 MS MAX @ (H-G IS 4 MS)
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