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i | . TECHNICAL CHARACTERISTICS:
INSULATION MATERIAL: PC
‘ RATED VOLTAGE: 500 V
i RATED CURRENT: 16 A
| INSULATION RESISTANCE: >z400M()
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RN CONTACT TYPE: CRIMP CONTACT
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TYPE-2,T2050322101-001 ,WITH STAINLESS STEEL SCREW,WITHOUT LOGO
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