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Notes:
- (*) This parameters is based on 1ft cable length & 1ft ground plane.
- (**) This parameters is based on 17ft cable length & 1ft ground plane.
- Antenna specification is subjected to change according to the ground plane size.

REVISIONS

REV. ECN# ZONE DESCRIPTION CHANGED 
BY/DATE

APPROVED 
BY/DATE

F02 ADD DRAWING NOTES; ADD SHEET 2 FOR GNSS 
SPECIFICATION AND EXTERNAL ANTENNA OUTLINE YS TAN 30APR19 WT NG 30APR19

F03 ECO-19-
00228 REVISED PARAMETER TABLE; ADD MOUNTING STUD HEIGHT YS TAN 21MAY19 WT NG 21MAY19

F04 REVISED SPEC TABLE; ADD JUMPER CABLE ASSEMBLY YS TAN 14SEP20 WT NG 14SEP20

F05 ECO-20-
00563 UPDATED ANTENNA VIEW (GNSS PIGTAIL) YS TAN 14JAN21 WT NG 14JAN21

DIMENSIONS ARE IN MILLIMETERS

     ANGLE:                             30'  
     0 PLACE DECIMAL:         0.5
     1 PLACE DECIMAL:       0.25
     2 PLACE DECIMAL:       0.13

     SURFACE ROUGHNESS
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RUBBER PAD 
WITH ADHESIVE
SHAKEPROOF 

WASHER
LOCKING NUT
M20x2.5 THREAD

CABLE MANAGEMENT SLEEVE
(SHRINKABLE FIBER TUBING)

ANTENNA PIGTAILS
- 2 x LTE - 1 ft LMR100
- 3 x WIFI - 1 ft LMR100
- 1 x GNSS - 17 ft RG174

EXTERNAL WIFI ANTENNA 
P/N:AKIT-VFH69383B-001

SMA,INTERFACE

JUMPER CABLE ASSEMBLY
- 2 x LTE - 16 ft LMR195
- 3 x WIFI - 16 ft LMR195

6x SMA, MALE CONNECTOR
(2x LTE, 3x WIFI & 1x GNSS)

UNIT LABEL

CONDUCTIVE FOAM x2

(EXPOSED CABLE LENGTH MEASURED AFTER
THREAD STUD UNTIL END OF JUMPER CABLE)

(1ft) (16 ft)
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