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All dimensions in mm [Inches] OUTSIDE WOUND §I
LABEL ACROSS: 1
ROLL LENGTH: 95.20 m
MATERIAL WHITE VINYL FILM
/\/’
ADHESIVE TYPE PERMANENT —
LINER GLASSINE PAPER
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