
全年互联舒适
探索节省空间且可靠的组件，让您的暖通空调（HVAC）设备在当今
的互联家庭中平稳运行。

TE Connectivity是系统背后的力量。我们的连接解决方案将使您的暖通空调（HVAC）设备
保持高效运行。请立即与我们联系并开始使用。

探索更多HVAC产品 与产品专家沟通 观看HVAC 网络讲座

70°

恒温器室内系统室外系统

温度开关
• 微型 MATE-N-LOK连接器
• 双重锁定连接器
• 双重锁定信号连接器
• FASTON端子

控制系统
• Economy Power 2.5连接器
• 微型 MATE-N-LOK连接器
• 2.0 GRACE INERTIA信号连接器

风扇电机
• MAG-MATE端子
• AMPLIVAR端子和接头

环境传感
• Economy Power 2.5连接器
• 微型MATE-N-LOK连接器

线控器
• Economy Power 2.5连接器
• 微型 MATE-N-LOK连接器
• 2.0 GRACE INERTIA信号连接器

控制系统
• Economy Power 2.5连接器
• 微型MATE-N-LOK连接器
• 2.0 GRACE INERTIA 信号连接器

风扇电机
• MAG-MATE端子
• AMPLIVAR端子和接头

压缩机
• AMPLIVAR端子和接头

电磁阀
• Economy Power 2.5 连接器
• 微型MATE-N-LOK 连接器
• 2.0 GRACE INERTIA信号连接器

TE 暖通空调（HVAC）组件

连接解决方案

MAG-MATE端子
• 节省空间的尺寸与IDC技

术相结合，提供紧凑的解
决方案，无需焊接或焊合

• 端接薄膜绝缘的漆包铜线
和漆包铝线

• 无需预剥导线

AMPLIVAR端子和接头
• 降低复杂程度，简化过程

• 一次最多可压接三条漆包线
加一条引线

• 漆包铜线和漆包铝线可组
合使用

• 总线接头支持四根或更多漆
包线的接续

2.0 GRACE 
INERTIA信号连接器
• 提供手动压接和绝缘刺破连

接（IDC）选项

• 防勾功能，可防止电线挂卡
在闩锁上，并预防闩锁断裂

• 最大限度地减少误配，从而
减少对复杂检测流程的需求

微型MATE-N-LOK
连接器
• 体积小的连接器在狭窄空间

中表现出色

• 正向锁定功能可防止脱开

• 线对线和线对板连接器系
统，3mm中心线上有接触件

• 单排和双排结构

ECONOMY POWER 
2.5连接器
• 符合灼热丝测试（GWT）

以及(UL) 94 V-0 认证的
材料

• 提供机械和电气可靠性

• 锁定锁扣可防止插头外壳和
柱接头振开脱离

• 可选的端子位置卡扣(TPA)
有助于确保端子固定

FASTON端子
• 插入力更低

• 性能和温度等级更高

• 可提供2D压接式端子

• 易于辨别的狗骨形前端允
许配合片在滚动的边缘而不
是剪切的边缘上接合，从而
减少插入力
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密封性 

对恶劣环境中的水、尘埃和碎屑
防护（IP）评级

可靠性
高功率和工作温度、锁定

机制以及抗振性

小型化
中心线紧凑，结构尺寸更小

简单化
绝缘刺破连接（IDC）技术， 

易于安装，简化组装过程

安全性
阻燃材料，人体工学设计， 

绝缘保护

https://www.te.com.cn/chn-zh/campaigns/consumer-solutions/hvac.html
https://www.te.com.cn/chn-zh/campaigns/consumer-solutions/hvac.html
https://www.te.com.cn/chn-zh/campaigns/consumer-solutions/hvac.html
https://www.te.com.cn/chn-zh/products/terminals-splices/magnet-wire-terminals/mag-mate-terminals.html?tab=pgp-story&iso=chn&iso=chn
https://www.te.com.cn/chn-zh/products/brands/faston.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/brands/amplivar.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/pcb-connectors/intersection/2-0-signal-grace-inertia-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/rectangular-connectors/intersection/3mm-low-profile-micro-mate-n-lok-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/power-connectors/intersection/economy-power-2-5-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/terminals-splices/magnet-wire-terminals/mag-mate-terminals.html?tab=pgp-story&iso=chn&iso=chn
https://www.te.com.cn/chn-zh/products/brands/amplivar.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/pcb-connectors/intersection/2-0-signal-grace-inertia-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/pcb-connectors/intersection/2-0-signal-grace-inertia-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/rectangular-connectors/intersection/3mm-low-profile-micro-mate-n-lok-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/rectangular-connectors/intersection/3mm-low-profile-micro-mate-n-lok-connectors.html?tab=pgp-story
https://www.te.com/usa-en/products/connectors/rectangular-connectors/intersection/3mm-low-profile-micro-mate-n-lok-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/power-connectors/intersection/economy-power-2-5-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/connectors/power-connectors/intersection/economy-power-2-5-connectors.html?tab=pgp-story
https://www.te.com.cn/chn-zh/products/brands/faston.html?tab=pgp-story

