
TE Connectivity’s (TE) portfolio of 112G external cabling products offer a wide variety of early-to-market, end-to-end solutions that 
allow for users to meet key demands in performance, physical reach, signal integrity, and bend radius. With a global manufacturing 
footprint, TE is capable of ramping production while retaining high quality and continuous improvement. With product options 
ranging from passive-to-active and from copper-to-optical, each meeting key form factors, TE provides a variety of solutions to 
address a wide variety of needs.
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Key Benefits

Applications

Products

• Due to the demands on next generation high-speed designs, TE has developed one of the most comprehensive, flexible and high 
performing internal and external connector and cable assembly portfolios in the market

 – TE’s continued participation in standards development has led to all form factors being supported, developing a variety of 
options in DAC, ACC, AEC, and AOC

 – Cycle time on design follows key industry standards while continuously being improved to meet the demands of our 
customers and partners

• Both design and manufacture supported, allowing for vertical supply chain integration and design leadership in industry

• Machine Learning and AI

• High Speed Networking

• Servers

• Smaller Datacenters

•	 112G	Product	Support	for	SFP,	SFP-DD,	QSFP,	QSFP-DD,	OSFP,	and	OSFP-XD	Interconnects

 – Direct Attached Copper Cables (DAC)

 – Active Copper Cables (ACC)

 – Active Electrical Cable (AEC)

 – Active Copper Cables (AOC)

 – I/O Connectors and Cages



te.com
TE Connectivity, TE Connectivity (logo) and EVERY CONNECTION COUNTS are trademarks owned or licensed 
by the TE Connectivity  Ltd. family of companies. All other logos, products and/or company names referred to 
herein might be trademarks of their respective owners.

The information given herein, including drawings, illustrations and schematics which are intended for illustration 
purposes only, is believed to be reliable. However, TE Connectivity makes no warranties as to its accuracy or 
completeness and disclaims any liability in connection with its use. TE Connectivity‘s obligations shall only be 
as set forth in TE Connectivity‘s Standard Terms and Conditions of Sale for this product and in no case will 
TE Connectivity be liable for any incidental, indirect or consequential damages arising out of the sale, resale, 
use or misuse of the product. Users of TE Connectivity products should make their own evaluation to determine 
the suitability of each such product for the specific application.
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USA:    1.800.522.6752

Canada:    1 .905.475.6222

Mexico:    52.0.55.1106.0800

Latin/S. America:     54.0.11.4733.2200  

Germany:    49.0.6251.133.1999

UK:     44.0.800.267666

France:     33.0.1.3420.8686

Netherlands:    31.0.73.6246.999

China:     86.0.400.820.6015
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Part Numbers

OSFP 112G

QSFP-DD112

Part	
Number

Configuration Data	Rate AWG
Cable	Assembly	Length	(meters)

0.5 0.75 1.0 1.25 1.5 2.0 2.5 3.0

2369197 800G to 800G 112 Gbps PAM4 32 -1 -2 -3 - - - - -

2369198 800G to 800G 112 Gbps PAM4 30 -1 - -2 - -3 - - -

2369405 800G to 800G 112 Gbps PAM4 28 -1 - -2 -3 -4 - - -

2369406 800G to 800G 112 Gbps PAM4 26 - - -2 - -3 -4 -5 -

2396777 400G to 400G 112 Gbps PAM4 32 -1 -2 - - - - - -

2396778 400G to 400G 112 Gbps PAM4 30 -1 -2 -4 - -3 - - -

2396779 400G to 400G 112 Gbps PAM4 28 -1 -2 -5 -6 -3 -4 - -

2396780 400G to 400G 112 Gbps PAM4 26 -1 -2 -6 -7 -3 -4 -5 -

2396783 800G to 2x400G 112 Gbps PAM4 32 -1 -2 - - - - - -

2396784 800G to 2x400G 112 Gbps PAM4 30 -1 -2 -4 - -3 - - -

2396785 800G to 2x400G 112 Gbps PAM4 28 -1 -2 -5 -6 -3 -4 - -

2396786 800G to 2x400G 112 Gbps PAM4 26 -1 -2 -6 -7 -3 -4 -5 -

Part	
Number

Configuration Data	Rate AWG
Cable	Assembly	Length	(meters)

0.5 0.7 0.8 1.0 1.2 1.4 1.5 2.0 2.5 3.0

2395758 800G to 800G 112 Gbps PAM4 32 -2 -4 -3 -1 - - - - - -

2395757 800G to 800G 112 Gbps PAM4 30 -5 - -4 -2 -1 - - - - -

2393749 800G to 800G 112 Gbps PAM4 28 -2 - -8 -3 -9 -1 -4 -5 -6 -7

https://www.te.com/usa-en/home.html

